
SKINDICHT® KW-M

Plastic angle gland

SKINDICHT® KW-M
90° elbow
Plastic angle gland with metric 
connection thread in accord-
ance to EN 50262 and is used 
wherever cables have to run in 
parallel to the housing wall. The 
cable gland is lockable with a 
locknut.
SKINDICHT® KW-M can be 
combined with any cable 
gland, in particular with 
SKINTOP® ST-M.

Note
Suitable accessories see 
SKINTOP® GMP-GL-M page 10.26 
SKINDICHT® O-ring Perbunan® 
PG page 10.126.
 

Technical Data

 Material:
polyamide, reinforced glass fi bre

 Standard colour:
RAL 7001, silver grey

 Temperature range:
-20°C up to +80°C

 Protection class:
IP 55
 

Part number Type size M SW mm A mm B mm C mm D mm ØE mm PU pieces

SKINDICHT® KW-M
5210 6210  16 x 1,5  19  19  21,5  24,0  13  11  25
5210 6220  20 x 1,5  25  25  24,5  29,5  15  15  25
5210 6230  25 x 1,5  30  30  28,0  33,5  16  20  25
5210 6240  32 x 1,5  36  36  31,5  38,0  17  26  10

10.44

Perbunan® is a registered trademark of BAYER AG.


