
OPERATION
Press the power button repeatedly to cycle 
through the light modes.

HIGH > LOW > RED > OFF

After 8 seconds of no button activity, the 
next press will turn off the light.

DIRECT-TO-RED
From off, press and hold the power button to 
activate red mode. The next button press 
(within 8 seconds) cycles through the light 
modes in reverse.

STROBE/ RED HAZARD
Double pressing the power button from any mode 
will activate the strobe/hazard for that light mode.

CHARGING INSTRUCTIONS
Insert the USB-C end of the included charging 
cable into the USB-C port on the light. Next, 
insert the USB-A end of the charging cable into 
a power source with a USB-A port.

USB-C USB-A

The Larry 500 Flex is a compact, �ex-powered, 
500 lumen work light with 6 light modes and 

magnetic base for hands-free use.

If you experience a problem, please do not 
return to your local store. Contact our 
Customer Service team at 800-255-6061
or NEBOLIGHTS.com

For more information, detailed video 
instructions, and warranty registration,
visit NEBOLIGHTS.com

LARRY® 500 FLEX

MAGNETIC 
BASE

WATERPROOF
1 METER � 30 MIN

POCKET
CLIP

FLEX�POWER™

Solid Green: Battery is charged
Pulsing Green: Battery is charging

CHARGING INDICATOR
The power button light serves as the 
charging status indicator while the light 
is plugged in.

Flashing Orange: Battery > 25%
Solid Orange: Battery < 25%

POWER INDICATOR
The power button light also serves as 
the battery power indicator while the 
light is in use.

ALKALINE BATTERY:
This light also runs off disposable alkaline batteries. 
To install the batteries, unscrew the bottom cap 
and replace the lithium-ion battery with (2) AAA 
alkaline batteries. Reinstall the bottom cap.

DO NOT mix old and new batteries.

DO NOT mix alkaline, standard (carbon-zinc), or 
rechargeable (Ni-Cad, Ni-MH, etc.) batteries.
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LITHIUM-ION BATTERY:

ALKALINE BATTERIES:


