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1. MATERIAL:

HSG: PCT, 30% GLASS FILLED.UL 94V-0,
COLOUR BLACK.

PIN: 0.50MM SQ PHOSPHOR BRONZE 510
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. PLATING:
x%16 - 0.38um MIN GOLD IN CONTACT AREA,
4 TIN IN SOLDERTAIL AREA, BOTH OVER
NICKEL OVERALL
S B 030X
\ t il B x%17 - 0.76um MIN GOLD IN CONTACT AREA,
@ 0.90:005 TIN IN SOLDERTAIL AREA, BOTH OVER
[¢]B0.20 NICKEL OVERALL
A
RECOMMENDED PCB LAYOUT 3. 12 CKT USED FOR ILLUSTRATION ONLY
4. PART TO BE PACKED IN POCKET TRAY.
400 2.00] —= 5. PRODUCT SPEC PS-87761-100 APPLIES.
250 GOLD DETAL Z 6. RECOMMENDED PCB BOARD THK 1.60:0.10 MM.
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10 9 8 6 5 4 3 2 | [ 87760 |
PART NUMBER CKT SIZE A B
87760-04xx 04 2,00 4.00
87760-06xx 06 4.00 6.00
87760-08xx 08 6.00 8.00
87760-10%x 10 8.00 10.00
87760-12%x 12 10.00 12.00
87760-14xx 1% 1200 | 1400
87760-16%x 16 1400 | 16.00
87760-18xx 18 16,00 | 18.00
87760-20%x 20 18.00 | 20.00
87760-22xx 22 2000 | 2200
87760-24xx 24 2200 | 2400
87760-26%x 26 2400 | 2600
87760-28xx 28 2600 | 2800
87760-30xx 30 2800 | 3000
87760-32xx 32 3000 | 3200
87760-34xx 34 3200 | 3400
87760-36%x 36 3400 | 36.00
87760-38xx 38 3600 | 3800
87760-40%xx 40 3800 | 4000
87760-42%x 42 4000 | 42,00
87760-4bxx 44 4200 | 4400
87760-46xx 46 4400 | 4600
87760-48xx 48 4600 | 48.00
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