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TV59 Powerfin - Pentawatt
TV21 Powerfin - TO220

Twisted vane heatsinks.

Finish: Black anodised
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HEATSINK PERFORMANCE TYPE TVS9 TV21
SCALAMRSPESD MGG,

N
£
by
P

' 2 F) [ H [ K

?OWE‘I!

ISE OF CENTRE OF HEATSINK
ABOVE AMBIENT [C)
385883883

THERMAL RESISTANCE
(HEATSINK (@ 80° C ABOVE AMBIENT) | C W)

»

TV35 TV100 TVi01i

Designed to accept one or two devices.
Three fin heights available.
Finish: Black anodised

TV3S H=25 ©=7.1°C/W
TV1I00 H=13 ©=89°C/W

Powerfin - TO220 etc.
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220SA Heatsink
- TO220, Nna:93s
TO126 etc.

May be mounted flat or
free-standing vertically.

Finish: Black anodised 6.3
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220F Clipsink
- TO220, etc.

For use with majority of tab-mounted devices.
When used as illustrated only 7mm additional
headroom required. Width is 12.7 mm.

Finish: Black anodised.
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TV3 TV41 TV42 Powerdin - TO3
TV85 TV87 TVes Powerfin - T03 (4 pin)

H 42.0 max.

Twisted vane heatsinks

available in 3 fin heights. [— ] \@5 R
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TV66 Powerfin-T03 !19-9 37
High power dissipation A
heatsink with unique twisted vanes.
Other hole patterns available to order.
Finish: Black anodised.
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3 SA Shellsink - T03
3 SA -13 Shellsink - T03 (8 pin) -

Close fitting finned shell sink combining
good thermal rating with low fin height.

See Index for 3SA to suit other devices.
Finish: Black anodised.
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British Telecom Ref: 1MAA O0136AAF
Nato code: 5960.99.944.2522
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e 3SA-iZ TO3 (8 pin) ©=95°C/W (Not illustrated)
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