Hellermannlyton

Technical data sheet

Article number:
169-60517 CTP580

Material Polyethylene (PE)
Colour Black (BK)
Diameter (D) 21.26 mm
Flammability not flame retardant
Halogen-free No
Inside @ (ID) 16.23 mm
Length (L) 243.8 m
Nominal @ 16.00 mm
Operating Temperature -40 °C to +85 °C
Outside @ (OD) 21.26 mm
Package Content 243.80 m
Package Content packed in carton

RoHS
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Technical changes and errors reserved. It's up to the customer to check the suitability for a specific application by means of tests.



