Self Adhesive .
Bumper / Feet multicompero

RoHS
Compliant

Larger Hemispherical Cylindrical Square

Description

The protectors are Self-Adhesive Protective Bumpers used in a variety of different applications as feet, stops & spacers due to
their protective qualities.

They are resilient, sound dampening, non-slip, non-marking and protects against scratches. Made using a plasticiser free,
polyurethane composition with a long aging high-tack pressure sensitive adhesive. The protectors can be applied to a huge
range of items. Also very useful as spacers to prevent squeaks and rattles.

Often used as feet and spacers for the protection of small appliances, desktop or handheld electronic devices, telephones,
keyboards, foot pedals, scales, clocks, speakers, dispensers, computers, audio, video, medical equipment, cabinetry and do-
mestic appliances.

Features

» No-Slip and Non-Marking

» Durable and resilient construction

» Shock and Vibration Resistant

» Designed to reduce noise and vibration

» Used as feet, spacers or stops for domestic appliances

« Suitable for raising electronic, audio and video equipment to prevent overheating
» ldeal for use in Raspberry Pi cases and other electronic enclosures

» Supports for Glass Shelving, Glassware and Glass Top Furniture

Polyurethane Physical Properties

Properties Test Method Average Result Carried out on 4112

Shore Hardness A ASTN D-2240 68-76

Tensile Strength ’;(?Jr:\]"m%:f (8'53220 C and 5010%RH | 559 MPa/811psi

Elongation at Break égoTn':AmE/):]:f éfegz"c and 50:10%RH | 88%

Tear Strength ASTM D4?2 Die C 13.8 N/mm

(Angle Tear) 500mm/min @23+2°C and 50+10%RH

Taber Abrasion ISO 5470-1—CS17 Wheel 1000g 0.005 mg/1000cycles

Load Tolerance Min 3 Mpa Min 3 Mpa

Flame Retardancy UL94HB (in house test) Pass (Clear & Coloured)

Kinetic Coefficient of friction | ASTM D-1894-78 Clear Coloured
A Stainless Steel 5.69 5.69
B Glass 29 29
D High Impact Polystyrene 2.53 2.53

Shelf-Life - 12 months when stored in original packaging at room temperature

Exposure to the Environment: They are intended for interior applications where physical properties will remain un-
changed. When used externally for extended periods, some discolouration as well as loss of adhesion may occur.
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Pressure Sensitive adhesive data

Standard on all Bumper / Feet Protectors

A solvent based acrylic adhesive with high instant tack. Strong stable pressure sensitive adhesive system which displays good
adhesion to more demanding surfaces that would need higher levels of tack as well as good peel and shear properties. This

adhesive system also displays good ageing properties when used for long term applications

. Pressure Sensitive Adhesive
Surface Material Test Method -
20min - 23°C 50% RH 24h - 23°C 50% RH
Stainless Steel 16.0 15.7
Aluminium 12.1 14.8
Glass Peel FINAT 1 12.5 17.7
HDPE Unit N/25mm 4.1 4.4
Polystyrene 9.9 13.1
ABS 14.4 15.1
) Shear FINAT 8 - >300h
Stainless Steel
Loop Tack N/25mm 22.0

Temperature Range

Adhesive Type

Application Temperature

Service Temperature

Solvent Acrylic

20°C to 40°C

-40°C to +120°C

Adhesive Considerations

Please refer to the chart which illustrates the relative adhesion properties of the adhesive system used in the production of
Bumper Protectors. In general terms it is helpful to allow time (dwell) to increase the surface contact and therefore the overall

adhesion.

12 hours

Maximum Adhesion
2
3
-

24 hours

36 hours

Dwell time
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Part Number Table

Description

Part Number

Bumper / Feet, Hemispherical Shape, Self Adhesive, Clear, 8mm x 2.2mm, 140Pcs

MP2008-CL1-140

Bumper / Feet, Hemispherical Shape, Self Adhesive, Clear, 8mm x 2.2mm, 4Pcs

MP2008-CL1-4

Bumper / Feet, Hemispherical Shape, Self Adhesive, Clear, 10mm x 3.1mm, 48Pcs

MP2010-CL1-48

Bumper / Feet, Hemispherical Shape, Self Adhesive, Clear, 11.1mm x 5mm, 55Pcs

MP2115-CL1-55

Bumper / Feet, Hemispherical Shape, Self Adhesive, Black, 11.1mm x 5mm, 55Pcs

MP2115-BK1-55

Bumper / Feet, Hemispherical Shape, Self Adhesive, Grey, 11.1mm x 5mm, 55Pcs

MP2115-GY1-55

Bumper / Feet, Hemispherical Shape, Self Adhesive, Black, 16mm x 7.9mm, 40Pcs

MP2150-BK1-40

Bumper / Feet, Hemispherical Shape, Self Adhesive, Grey, 16mm x 7.9mm, 40Pcs

MP2150-GY1-40

Bumper / Feet, Hemispherical Shape, Self Adhesive, Grey, 19mm x 9.5mm, 42Pcs

MP2190-BK1-42

Bumper / Feet, Cylindrical Shape, Self Adhesive, Black, 8mm x 3mm, 60Pcs

MP2075-BK1-60

Bumper / Feet, Cylindrical Shape, Self Adhesive, Clear, 12.7mm x 3.5mm, 60Pcs

MP2125-CL1-60

Bumper / Feet, Cylindrical Shape, Self Adhesive, Black, 12.7mm x 3.5mm, 60Pcs

MP2125-BK1-60

Bumper / Feet, Cylindrical Shape, Self Adhesive, Grey, 12.7mm x 3.5mm, 60Pcs

MP2125-GY1-60

Bumper / Feet, Cylindrical Shape, Self Adhesive, Black, 16.5mm x 10.2mm, 40Pcs

MP2164-BK1-40

Bumper / Feet, Cylindrical Shape, Self Adhesive, Black, 19mm x 4mm, 28Pcs

MP2024-BK1-28

Bumper / Feet, Cylindrical Shape, Self Adhesive, Grey, 19mm x 4mm, 28Pcs

MP2024-GY1-28

Bumper / Feet, Cylindrical Shape, Self Adhesive, Black, 20mm x 6.2mm, 28Pcs

MP2020-BK1-28

Bumper / Feet, Larger Shape, Self Adhesive, Black, 22.3mm x 10.1mm, 48Pcs

MP2210-BK1-48

Bumper / Feet, Larger Shape, Self Adhesive, Grey, 22.3mm x 10.1mm, 48Pcs

MP2210-GY1-48

Bumper / Feet, Larger Shape, Self Adhesive, Black, 20.6mm x 13.2mm, 24Pcs

MP3206-BK1-24

Bumper / Feet, Larger Shape, Self Adhesive, Grey, 20.6mm x 13.2mm, 24Pcs

MP3206-GY1-24

Bumper / Feet, Square Shape, Self Adhesive, Black, 10mm x 2.5mm, 55Pcs

MP2100-BK1-55

Bumper / Feet, Square Shape, Self Adhesive, Grey, 10mm x 2.5mm, 55Pcs

MP2100-GY1-55

Bumper / Feet, Square Shape, Self Adhesive, Black, 12.7mm x 3.1mm, 80Pcs

MP2127-BK1-80

Bumper / Feet, Square Shape, Self Adhesive, Grey, 12.7mm x 3.1mm, 80Pcs

MP2127-GY1-80

Bumper / Feet, Square Shape, Self Adhesive, Black, 12.6mm x 5.7mm, 40Pcs

MP2126-BK1-40

Bumper / Feet, Square Shape, Self Adhesive, Grey, 12.6mm x 5.7mm, 40Pcs

MP2126-GY1-40

Bumper / Feet, Square Shape, Self Adhesive, Black, 20.5mm x 7.5mm, 36Pcs

MP2205-BK1-36

Bumper / Feet, Square Shape, Self Adhesive, Grey, 20.5mm x 7.5mm, 36Pcs

MP2205-GY1-36

Important Notice : This data sheet and its contents (the “Information”) belong to the members of the AVNET group of companies (the “Group”) or are licensed to it. No licence is granted for
the use of it other than for information purposes in connection with the products to which it relates. No licence of any intellectual property rights is granted. The Information is subject to change
without notice and replaces all data sheets previously supplied. The Information supplied is believed to be accurate but the Group assumes no responsibility for its accuracy or completeness,
any error in or omission from it or for any use made of it. Users of this data sheet should check for themselves the Information and the suitability of the products for their purpose and not make
any assumptions based on information included or omitted. Liability for loss or damage resulting from any reliance on the Information or use of it (including liability resulting from negligence or
where the Group was aware of the possibility of such loss or damage arising) is excluded. This will not operate to limit or restrict the Group’s liability for death or personal injury resulting from its
negligence. Multicomp Pro is the registered trademark of Premier Farnell Limited 2019.
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