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ISOLATING TRANSFORMER

POWER : 2.3VA

INPUT VOLTAGE : 230V
FREQUENCY : 50/60Hz

NOMINAL OUTPUT VOLTAGE : 2x18V

INHERENTLY SHORT CIRCUIT PROOF TRANSFORMER
IPOO

uL94vo

OPERATING TEMPERATURE : —25'C to 70°C
STORAGE TEMPERATURE : —25°C to 85°C
INSULATION CLASS (IEC85) : B

INHERENT PROTECTION

STANDARDS :
UL506 (File E111078)
CSA 22-2 (File E111078)
CE
CONFORM TO :
EN61558—1
EN61558—2—4
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