20.8 ISOLATING TRANSFORMER

35:|l:0.5 POWER : 30VA
== INPUT VOLTAGE : 230V
FREQUENCY : 50/60Hz

NOMINAL OUTPUT VOLTAGE : 2x24V

NON SHORT CIRCUIT PROOF TRANSFORMER
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