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XC

Snap-action Microswitches

Subminiature

XC

Characteristics ® Wide range of actuating forces
= Long mechanical and electrical life
m Solder, PCB, faston (quick connect) terminals

Rating 250V, 10 A

Dimensions (mm) 19,9 x 9.5 x 6,4

Actuator  Plunger., plain, roller, plastic, simulated roller lever

Approvals UL, cUL, CSA, ENEC

Preferred Range

Ordering Reference Actuating Force Operating pos. Terminal Circuit Actuator Contacts Electrical rating
(ozf) (mm) (in) UL/CSA
XCG3zZ1 1.7 6,07 8.4 0.33 Solder co Plunger Ag 6(2) A 5A
XCG3-J1Z1 0.6 214 10.2 0.40 Solder co Plain lever Ag 6(2) A 5A
XCG3-S1Z1 0.7 2,49 15,6 0.61 Solder co Roller lever Ag 6(2) A 5A
XCG5Z1 1,7 6,07 8.4 0.33 Faston 2,8 x 0.5 mm co Plunger Ag 6(2) A 5A
XCG5-J1Z1 0.6 214 10.2 0.40 Faston 2,8 x 0.5 mm co Plain lever Ag 6(2) A 5A
XCG5-S1Z1 0.7 2,49 15.6 0.61 Faston 2,8 x 0.5 mm co Roller lever Ag 6(2) A 5A
Xcesz1 1.7 6.07 8.4 0.33 PCB co Plunger Ag 62) A 5A
XCG8-J1Z1 0.6 214 10.2 0.40 PCB co Plain lever Ag 6(2) A 5A
XCG8-S1Z1 0.7 2,49 15.6 0.61 PCB co Roller lever Ag 6(2) A 5A
XCF3Z1 3 10.70 8.4 0.33 Solder co Plunger Ag 10Q) A 10.1A
XCF3-J1Z1 1,05 3,74 10.2 0.40 Solder co Plain lever Ag 10Q) A 10.TA
XCF3-S1Z1 11 3.92 15.6 0.61 Solder co Roller lever Ag 103) A 10.1TA
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Circuit diagram

Dimensions

XC

Specifications

Housing
Plunger
Mechanism
Functions
Contacts
Terminals
Temperature range °C
Mechanical life
Protection
Mounting
Actuators
Contact Carrier

Melamine-Formaldehyd, Thermosetting
POM for T85, PBT for T125, PPS for T150

Snap-action system with stainless steel tension spring

Change-over, NO, NC

Fine silver (Ag) or 10 pm Gold (Au), microprofile
Solder. faston and various PCB terminals (side of housing or side of lid, as well as 1/10" o lin pitch)
Between -40°C and +85°C (special version up to 140°C)

up to 5-107 cycles (sinusoidal actuation)

Enclosure IP40

Side mounting through mounting holes

Stainless steel, PA66-GF35
CuZn or CuSn
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Recommended maximum electrical ratings

Voltage Resistive load Motor load Approvals ENEC Approvals UL Motor load

(VAC) (A) (A) (A) (VAC) (A) (VAC)
XCF 250 10 3 1013 1E4 250 10,1 125/250 YiHP
XCG 250 6 2 6(2) 5E4 250 5 250 -
XCK 250 5 3 5@ 1E4 250 5 250 -
XCC 250 3 1 3(1 5E4 250 2 250 -
XCH 250 1.5 03 1.5(0.3) 5E4 250 1 250 -

Breaking capacities in the tables refer to silver contacts.
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XC

Operating Characteristics

Actuating Release Free Operating Movement Total travelled
Actuator Reference Force Force Position Position Differential position
Maximum Minimum Maximum Maximum Maximum
(N) (ozf) (N) (ozf) (mm) (i) (mm) (in) (mm) (in) (mm)  (in)
Plunger 75 XCF.. 3 10,70 05 178 88 034 84 033 0.1 0003 77 0,303
2] XCG.. 1.7 607 03 1.07 88 034 84 +0.1 0.33 +0,003 7.7 0,303
— o s KK XCK.. 1.2 428 02 071 88 034 84 -0 '3 0.33 -0 '0“ 0,1 0003 77 0,303
— o o XCC.. 0.6 214 0.1 357 88 034 84 ' 033 . 0.1 0003 77 0,303
— XCH.. 035 124 007 024 88 034 84 033 0.1 0003 77 0.303
— | T T
-J1 Lever XCF.. 105 374 016 057 122 048 102=+10 0.401+£0,039 06 0.023 84 0.33
XCG.. 06 214 008 028 122 048 102x09 0401+0035 05 0019 85 0337
XCK.. 042 149 0056 019 122 048 10309 0405+0035 05 0019 87 0342
XCC.. 022 078 0,025 0,08 122 048 103=+09 0,404+0,035 04 0015 87 0,342
XCH.. 013 046 002 007 122 048 104x09 0409+0035 04 0015 88 0346

1.1 392 017 06 17.6 069 156
07 249 009 032 176 069 156
043 153 0058 02 17.6 069 157
023 082 002 009 176 069 157
014 049 0021 007 176 069 158

0.614+0,043 06 0023 14 0,551
0.614+0039 05 0019 141 0555
0.618+0,039 04 0015 143 0562
0.618+0,039 04 0015 143 0562
0.622+0,039 04 0015 144 0566

-L1 Lever

+
ocoocoo=

1.1 392 017 06 17.6 069 156
07 249 009 032 176 069 156
043 153 0058 02 17.6 069 157
023 082 002 009 176 069 157
014 049 0021 007 176 069 158

0.614+0,047 06 0023 141 0555
0.614+0043 05 0019 142 0559
0.618+0,043 04 0015 144 0566
0.618+0,043 04 0015 144 0566
0.622+0043 04 0015 145 057

-S1 Lever

_—_——m
PERENLENLENS NY

HHH M+

in, for high temperature use -T1 lever

-P5 Lever XCF.. 13 462 017 06 17,6 069 156=1.1 06140043 06 0023 14 0,551
XCG.. 075 267 009 032 176 069 156=+10 0614+0039 05 0019 141 0,555

XCK.. 06 213 0058 02 17.6 069 157+10 0618+0039 04 0015 143 0562

XCC.. 031 110 0026 009 176 069 157=+1,1 0,618 +0,043 04 0015 143 0,562

XCH.. 022 078 0021 007 176 069 158+10 0622+0,039 04 0015 144 0566

-Pé Lever 105 374 016 057 143 056 125=+1.1 049+0043 06 0023 106 0.417
06 213 008 028 143 056 125+1.0 049+00392 05 0019 107 0421

042 149 0056 021 143 056 126=+10 05+0,039 05 0015 108 0425

022 078 0025 011 143 056 126+10 05=+0039 0.4 0015 108 0425

013 046 002 007 143 056 127+10 050039 0.4 0015 109 0.429
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Actuating
Characteristic

Circuits

Terminals

Version

Contacts

Actuators

XC

Ordering Reference

XCF 3N 6,07 ozf
XCG 17N 10.70 ozf
XCK 12N 4,28 ozf
Xcc 06N 2,14 ozf
XCH 035N 1.24 ozf

No digit  Change-over

4 Normally closed (NC)

5 Normally open (NO)

3 Solder

4 Faston 2.8 x 0.5 mm DIN

5 Faston 2.8 x 0.5 mm IEC/AMP
8 PCB (straight)

9 PCB (1/10" pitch)

10 Side mounting PCB, Base side
1 Side mounting PCB, cover side

Other terminals on special request.

No digit, Housing material MF, Europe upto 85°C. UL upto 90°C
V (High temperature 125°C), Housing material MF / Plunger PBT, Europe up to 125°C, UL up to 130°C
W (High temperature 140°C), Housing material MF / Plunger PPS, Europe up to 140°C, UL up to 150°C

No digit ~ Ag (silver)

-81 p profile Au 10 pm

No digit Plunger

-J1 Plain lever 18.0 mm (0.71 in)
-J2 Plain lever 25,0 mm (0.98 in)
-J5 Plain lever 40,0 mm (1.57 in)
-S1 Roller lever 16,8 mm (0.66 in)
-L1 Cam follower 16,0 mm (0.63 in)
-P5 Plastic lever 16,0 mm (0.63 in)
-P6 Plastic lever 18,0 mm (0.71 in)

Other actuators on special request.
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