
SPC
T E C H N O L O G Y

Property Test Method Value 
Filament Diameter .010” 
Melt Temperature ASTM D-2117 239ºC 
Low Temperature Flexibility MIL-DTL-23053E -70ºC 
Flammability UL 1441 VW-1 
Flammability F.A.R. Part 25 Pass 

Smoke Density ASTM E-1354 Dmc = 5.72
Copper Corrosivity MIL-I-23053 No Effect 

Performance Data 

Product Highlights
- Black with white tracer
- Fray resistant, can be cut with scissors
- Rated to 125ºC
- Low temperature flexibility to -70ºC
- VW-1
- F.A.R. Part 25
- Does not trap heat or humidity
- Rot-free
- Self-fitting over many shapes and sizes

SPC Type 
Number

Nominal 
Dia.

Maximum 
Dia.

Spool Length 
(Feet)

SPC12221 1/8 1/4 100

SPC12222 1/4 7/16 100

SPC12223 3/8 1/2 100

SPC12224 1/2 3/4 100

SPC12225 3/4 1-1/4 50

SPC12226 1-1/4 1-3/4 50

SPC12227 1-3/4 2-3/4 25

SPC12228 2 3-1/2 25

SPC12229 2-1/2 4-1/2 25


