
Detailed View   

  

19.05.745 Solder Eyelets Multible-Angle  

    
Material Brass 

Color Tin Plated 

Barrel I.D D4/D5 4,3 mm 

Outsize Dia. D3 6,5 mm 

Model Multible Eyelet 

Din-Norm 4x12B3 

Design DIN 41496 

Wire Range Typ DIN B3 

Insulation 12,0 mm 

Stud Size 45 w° 

 RoHS konform / WEEE konform / 76/769/EWG konform 

 
  

  

  

  

  

 
  

  
 

  
 


