Width 22,5 mm Width 28.5 mm
finely stranded single core v A finely stranded singte core V. A
0.14-4mm?  0.14-6mm° 0.14-4mm?  0.14-6mm’

No. 22-10 AWG No. 22-10 AWG
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35x27x7.5EN 50022  98.300.0000.0 1 35x 27 x7.5EN 50022  98.300.0000.0 1
35x24x15EN 50022  98.360.0000.0 1 35x24x 15 EN 50022  98.360.0000.0 1
9006 EN 50035 G-32 98.190.0000.0 1 9006 EN 50035 G-32 98.190.0000.0 1
Z8.000.0123.0 10 78.000.0123.0 10
9708/2 5 35 75.522.8553.0 50 9708/2 535 Z75.522.8553.0 50
WE 1/U 7552357530 10 WE 1/U 75.523.5753.0 10
9705 A 04.242.0850.0 500 9705 A 04.242.0850.0 500
9705 AB 04.842.0850.0 500 9705 AB 04.842.0850.0 500
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