PART PART
PART FAN ASSEMBLY AR FA-4812
ON / OFF SWITCH
15 AMP 125 VOLT
COLOR - BLACK
_ 11,688 7 !
( ) FAN 110 VAC 50/60HZ
8 8 11/10 WATTS 0.4 AMP
175 CFM TOTAL (2 FANS)
RIVET — AR FLOV
(8) PLACES 6.438 —_—
FAN
ROTATION
MATERIAL:
FAN COVER_______ 0060 THK. STEEL
FAN HOUSINGS___________ZINC DIE CASTING
i i FAN IMPELLERS ____THERMOPLASTIC (UL94-VD)
rq/ FINISH:
STRAIN RELIEF FAN COVER DARK GREY
COLOR - BLACK FANS BLACK

MOLDED-ON 3-PRONG PLUG

15 AMP 125 VOLT

18/3 AWG POWER CORD
64.000" LG,
COLOR - BLACK
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ALL COMPONENTS ARE UL. APPROVED

QTY, (@) M48 x 10mm LG SELF-TAPPING SCREWS
SUPPLIED FOR ASSEMBLY




