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Notes:
Material : Black Electrodeposit Plating
Screen : 30 x 30 mesh convoluted with 3/16" pitch, 1/8" deep
Finish : Mill and Anodized Black Electrodeposit
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0.175 (4.5) I— Dimensions : Inches (mm)
Part Number Table
Description Part Number
Fan Filter MC32639
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