L37-3

THERMAL CONDUCTIVE PAD

Feature

Good thermal conductivity

Ultra Soft and high compressibility

®

°

e Natural tack

e Easy to assembly
°

®

®

Available to apply adhesive
Pre-cut for different shape

Very good insulator
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Application ZE % FE B i
1. Electronic components: IC, CPU, MOS

2. LED , M/B, P/S , HEAT SINK , LCD-TV,
NoteBook PC , PC , Telecom device ,

Wireless Hub..... etc.

3. DDR Il Module , DVD Applications ,

Hand-set applications

etc.

Color g#&

Visual

ASTMD 5470

ASTMD 149

Specific Gravity =

ASTMD 792

ASTMD 257

Tensile Strength s

ASTMD 412

Hardness mpE

Property Unit Tolerance
Yellow #@& - -
o 0.3~15 mm KE -
‘Be Ordered WikESfMEMNLEE) 0.0118~0.59 inch ey _
Thermal Conductivity msmzs 1.7 W/m.k
ng wAER 94V-0
Insulation Strength FEEE >10 KV
:'s EBBK <1 %
1.94 g/cm? +0.2
mperature Range _50 ~+220 ‘e i
Surface Resistance w@EE# 2.6x10" Ohm
ERE 0.2 % +0.2 A
66.4 kgf/cm? +5
‘hape AL AR Sheet ones B|H4R
5 Shore A *3

ASTMD 2240




Li-98

THERMAL ADHESIVE TAPE &#JZF

Feature

e Good adhesion

e Good thermal conductivity
e Soft and compressibility

e Easy to assembly

e Fiberglass carrier

e Easy fo assembly
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Application & & FE R i

1. Electronic components: IC, CPU , MOS

2. LED . M/B, P/S , HEAT SINK , LCD-TV,
NoteBook PC , PC , Telecom device ,
Wireless Hub..... etc.

3. DDR Il Module , DVD Applications,
Hand-set applications..... etc.

Property Unit Tolerance
Color =& White ge - - Visual
0.25 mm AE -

rdered KBS R RELE) 0.0098 inch s -
Thermal conductivity mmEs 0.8 W/m.k ASTMD 5470

ength wEEE >6 KV -
Specific Gravity & 2.3 g/cm? +0.2 ASTMD 792
-eroture Range _30~+120 i -
Surface Resistance zm@E#H 2.2x10" ohm ASTMD 257
!'& 1.5 kg/inch !
Holding Power &% >48 hrs/inch PSTC-7
-aqm 10 100C -
Standard Size f@E#R~t Roll &
B - . oo A = [




L37-5

THERMAL CONDUCTIVE PAD

Feature

e Natural tack

e Good thermal conductivity
e Soft and high compressibility
e Easy to assembly

e Available to apply adhesive
® Pre-cut for different shape

e Good insulator

e Shock & vibration absorber

i

L=k

® RIFHBRMEE

& XK m BRI

® X5 L

® AkFRER

® ARFRAEFL

® BEME R

® T 4 2R Hi B T B2 O U A
Application E & E Him

1. Electronic components: IC , CPU , MOS

2. LED , M/B, P/S , HEAT SINK , LCD-TV ,
NoteBook PC , PC , Telecom device ,
Wireless Hub..... etc.

3. DDR Il Module , DVD Applications ,
Hand-set applications..... etc.

ASTMD 5470

ASTMD 149

ASTMD 792

ASTMD 257

ASTMD 412

Property Unit Tolerance
Color B& Light Gray akx - _
= 0.13~15 mm AR = A
e 0.0051~0.59 inch zw . A
Thermal conductivity s @ 1.6 W/m.k
Ng KSR 94V-0
Insulation Strength WEEE >7 KV
Specific Gravity w&E 2.35 g/cm? +0.2
mperature Range -50 ~+220 © .
Surface Resistance %@EE#H 107 Ohm
ERE 300 % =202 A
Tensile Strength Hisame 12 kgf/cm? +5
ape EERR Sheet ones BRI
Hardness @& 15 Shore A +3

ASTMD 2240




H48-6R

THERMAL CONDUCTIVE PAD

Feature

Natural tack

e
[
[
® Easy to assembly
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Application & 5 FE F i

Ultra high thermal conductivity
Soft and high compressibility

Available to apply adhesive
Pre-cut for different shape

1. Electronic components: IC, CPU , MOS
2. LED ., M/B , P/S , HEAT SINK , LCD-TV ,
NoteBook PC , PC , Telecom device ,

Wireless Hub..... etc.

3. DDR Il Module , DVD Applications ,

Hand-set applications

etc.

Color B&

Visual

Thermal conductivity s Fe;

ASTMD 5470

Weight Loss s884%

@204C/24hr

Working Temperatfure Range
TFaE®HE

Enlogation g

ASTMD 412

Standard Shape @E#fik

Property Unit Tolerance
Dark Gray ke - -
DRIES=ES mm AE .
.;o,d.,md AREFHRE L E) 0.0051~0.59 inch i
4.8 W/m.k
ength WEEH 5 KV
<] %
vity L 7.8 g/cm?® +0.2
-50~+220 ‘C -
istance &@EmH 107 Ohm
60 % +10
gth #Hizss é kgf/cm? a2
Sheet ones =4t
30 Shore A =8

.I




H48-6A

THERMAL CONDUCTIVE PAD

Feature

Natural tack
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® Easy to assembly
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Application Z 5 FE B i#

Ultra high thermal conductivity
Soft and high compressibility

Available to apply adhesive
Pre-cut for different shape

1. Electronic components: IC , CPU , MOS
2. LED , M/B , P/S , HEAT SINK , LCD-TV ,
NoteBook PC , PC , Telecom device ,

Wireless Hub..... etc.

3. DDR Il Module , DVD Applications ,

Hand-set applications

etc.

Color E&

Visual

Thermal conductivity s Fe;

ASTMD 5470

@204C/24hr

Working Temperafure Range
TFaE#HE

Enlogation mEE#=

ASTMD 412

Standard Shape E#pik

Property Unit Tolerance
Dark Gray k& 2 =
0.2~10 mm AE i
. 0.0078~0.393 inch i -
4.0 W/m.k
>2.3 KV
<1 %
y E 2.4 g/em? +0.2
-60 ~ +180 c -
10" Ohm
130 % +10
h vz 8 kgf/cm? +2
Sheet ones s=H#t
70 Shore A +7
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H48-6

THERMAL CONDUCTIVE PAD

Feature

e Very good thermal conductivity
e Soft and high compressibility

e Natural tfack

e Easy to assembly

e Avdailable to apply adhesive

e Pre-cut for different shape

e Good insulator
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Application E 5 E B ik

1. Electronic components: IC , CPU , MOS

2. LED , M/B ., P/S , HEAT SINK , LCD-TV ,
NoteBook PC , PC , Telecom device ,
Wireless Hub..... etc.

3. DDR Il Module , DVD Applications ,
Hand-set applications..... etfc.

Property Unit Tolerance
Color g Gray ke - B
g 0.13~15 mm AE . A
B AT R E) 0.0051~0.59 inch zn i A
Thermal conductivity mEsme 3.2 W/m.k ASTMD 5470
Ng mXEH 924V-0 -
Insulation Strength mEmEE >7 KV ASTMD 149
Specific Gravity L= 2.28 g/cm?® +0.2 ASTMD 792
-nperoture Range -50 ~+220 iG - -
Surface Resistance @@ 107 Ohm ASTMD 257
- ERE 130 % +13 A-
Tensile Strength #ifuameE 8 kgf/cm? + ASTMD 412
-hape B R Sheet ones =R -
Hardness @& 20 Shore A *+5 ASTMD 2240




H48-2

THERMAL CONDUCTIVE PAD

Feature

e Very good thermal conductivity
o Very soft and high compressibility
e Natural tack

e Easy to assembly

e Available to apply adhesive

e Pre-cut for different shape

e Good insulator

e Shock & vibration absorber

eed:
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Application E S E B

1. Electronic components: IC, CPU , MOS

2. LED , M/B, P/S , HEAT SINK , LCD-TV,
NoteBook PC , PC , Telecom device ,
Wireless Hub..... etc.

3. DDR Il Module , DVD Applications ,
Hand-set applications..... etc.

Unit Tolerance
Color #e Dark Red g4 - - Visual
A 0.13~15 mm AE = A
R iR TRERLE) 0.0051~0.59 inch znt - A
Thermal conductivity #ams 2.2 W/m.k ASTMD 5470
g KSR 94V-0 -
Insulation Strength mEmE >5 KV ASTMD 149
Specific Gravity = 2.26 g/cm?® +0.2 ASTMD 792
-nperc:’rure Range -50 ~+220 18 - -
Sartace Resistance =@iEH 1.38x10" Ohm ASTMD 257
Tensile Strength fisrseE 7 kgf/cm? +2 ASTMD 412
-'mpe EERAR Sheet ones =|Hik -
Hardness &g 10 Shore A +2 ASTMD 2240
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T6232%%]

GRAPHITE SHEETS E&E#LO8H

Feature

e Ultra high thermal conductivity

e Easy o assembly
e Pre-cut for different shap

i
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Application & 5 FE B i

1. Electronic components: IC , CPU , MOS

2. LED , M/B , P/S , HEAT SINK , LCD-TV ,
NoteBook PC , PC , Telecom device ,

Wireless Hub..... etc.
3. DDR Il Module , DVD Applications ,
Hand-set applications..... etc.
Type T62-1 T62-2
Unit Garphite+Adhesive |PET+Garphite+Adhesiy
AE+EEEE PET+HR+EETE
Color E&® Black 2
mm AE 0.16 0.20
inch zny 0.0063 0.0079
Thermal conductivity X-Y axis - - 400
BRERE (W/m k) Z axis 15 5 20
evel MiRER uL 94V-0 94V-0
Weight Loss BE#M% % 5
ity LhE g/cm? 1.5~1.8 1.5~1.8
Graphite Contained F248 % >98% >98%
th s mpa N/A N/A
Elongastion @ERZE N/A N/A
Graphite Rolls, Thickness, 0.13~C
Graphite Sheets, Thickness,0.1~!
Hardness ®BE Shore A 80 >80 |




