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\4 ALTERATION DATE |CHECKED

NEWRELEASE 06.16.2006] Nicole

CMBFE 01 4¢ 42 14 01-00
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FORGE PART NUMBER:I_ _I:REFERENCE NUMBER

TOTAL HEIGHT RANG ON MALICO

REFERENCE NUMBER (2 DIGHT) STANDARD PRODNUT AS BELOW

MALICO STANDARD TYPE 12 + 11.6mm
PLATE FIN (AL 1 01 15 ) 1aenn
ROUND FIN (ALY 1 02 21 + 206mm
PLATE FIN <CU> 1 04 23 1 226mm
ROUND FIN <CU> 1+ 05 28 1 P7.6mn i i
53 Shemm & (Chip Set Thickness)

HEAT SINK DIM <L)

BGA CHIP SET
—Ivovmmmmvmﬁ'o);mvl SEE NOTES 1

HEAT SINK DIM (W)

UTES:

cChip sEtAmcknESs Compatible Clip (COLOR>

3.3mm10.3mm | YELLOW (DCLIP045450902-00>
1.7mm+0.3mm | BLUE (DCLIP045450900-00)
0.9mm%0.3mm [ ORANGE <(DCLIP045450901-00>
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ITEM|  DESCRIPTION DIMENSION MATERTAL FINISH/COLDR | QTY
1 EE&RI'L%IW P2.6¥10L STEEL NICKEL 2
S 40%40%6(5V) |ENGINEERING PLASTIC| BLACK 1
3 | CONNECTDR 3-PIN  [2695 *XXK *XXK 1
4 &E%r“%ﬁm 45.1%44,7%91 | NYLON-46 CUSTOMER 1
5 ¢ I 421%420%H AL 6063 BLACK ANDDIZE| 1
6 | THERMAL TAPE 40%40 BY CUSTOMER *XXK 1

FINISH:

SEE NOTES 2 @

MATERIAL: M A |— I C D I N C
SEE NOTES 2|APPROVED: |CHECKED: DRAWN: REW:
DATE: Sammy Audi Nicole A

06.16.2006MODEL._NO:
TITLE: CMBF 014242 XXXX-00

ASSEMBLY |(MBF 42,5003 SERIES)
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