SUPERCON®
Electrical Connectors

25 AMPERE TYPES
SOCKET PIN PIN SOCKET
COLOR | RECEPTACLE | PLUG [RECEPTACLE| PLUG

BLACK | Rs25GB PP25GB | RP25GB | PS25GB

YELLOW| RS25GY PP25GY | RP2sGY | PS25GY

RED RS25GR PP25GR | RP25GR | PS25GR
BLUE | RS25GBL | PP25GBL | RP25GBL | PS25GBL
GREEN | RS25GGN | PP25GGN [ RP25GGN | PS25GGN
WHITE | RS25GWT | PP25GWT [ RP25GWT | PS25GWT
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SOCKET PIN PIN SOCKET
RECEPTACLE PLUG |RECEPTACLE| PLUG
RS50GB PP50GB RP50GB PS50GB
RS50GY PP50GY RP50GY PS50GY
RS50GR PP50GR RP50GR PS50GR
RS50GBL PP50GBL RP50GBL PS50GBL
RS50GGN PP50GGN | RPS0GGN | PS50GGN
RS50GWT PP50GWT | RPSOGWT | PS50GWT

.

PS50GBL RP50GBL

BLACK
PP100GB RS100GB VELLOW

RED
BLUE

GREEN
WHITE

PS100GGN RP100GGN

100 AMPERE TYPES

SOCKET PIN PIN SOCKET
@olNe i RECEPTACLE | PLUG |RECEPTACLE| PLUG
RS100GB | PP100GB | RP100GB | PS100GB
RS100GY | PP100GY | RP100GY [ Ps100GY
RSI00GR | PP100GR | RPI00GR | PS100GR
RS100GBL | PP100GBL | RP100GBL | PS100GBL
RS100GGN | PP100GGN [ RP100GGN | PS100GGN
RS100GWT | PP100GWT [ RP100GWT | PS100GWT




25 AMPERETYPES OUTLINES
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SUPERCON®

Electrical Connectors

250 AMPERE TYPES

SOCKET PIN PIN SOCKET
eo o8| RECEPTACLE | PLUG  |RECEPTACLE| PLUG
PP250GY RS250GY :Wed| RS250GB | PP250GB | RP250GB | PS250GB
AN RS250GY | PP250GY | RP250GY | PS250GY
SMM  RSZ50GR | PP2S0GR | RP250GR | PS250GR
SNV RS250GBL | PP250GBL | RP250GBL | PS250GBL
=2 RS250GGN | PP250GGN | RP250GGN | PS250GGN
IR RS250GWT | PP250GWT | RP250GWT | PS250GWT

PS250GR RP250GR

250 AMPERE TYPES OUTLINES





