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MOUNTING EAR (2 PL)
(WHEN SPECIFIED) ©
SEE DETAIL 3 OR 4
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mw DETENT SHOWN,
“l]“ OPTIONAL RECEPTACLE HOUSING
POSITIVE LOCK (1625-2R2 SHOWN)
THIS SIDE ONLY
( SEE NOTE /&\ )
0.340 0.233+.0 10
(8.64) (5.92+0.25)
]
' ) RECEPTACLE HOUSING
145,005 (1625-2R3 SHOWN)
(3.68+0.13)
OPTIONAL POSITIVE LOCK
ONE SIDE ONLY
SCALE 4:l
ADI SEE SHT. | DIMENSIONS SHOWN (METRIC) INCH V:(ZJ V:® ‘ REVISE ONLY ON CAD SYSTEM
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PLUG RECEPTACLE
PART NO.| ENG. NO. PART NO.| ENG. NO.
03-06-7023 1625-2P IBK 03-06-6023 1625-2R IBK RECEPTACLE LEGEND:
03-06-2023 1625-2P | 03-06- 1020 1625-2R3 OBSOLETE 625 DRxx
03-06-7027 1625-2P2BK | OBSOLETE 03-06- 1023 1625-2R | +
03-06-2024 1625-2P2 03-06- 1022 1625-2R2 CIRCUIT SIZE
03-06-6025 I625-2R2RD_ | OBSOLETE
03-06-6026 1625-2R2GN | OBSOLETE R = RECEPTACLE
03-06-6027 1625-2R2BU OBSOLETE BUMP ON PLUG ONLY
o goiil i PR JOBSOLETE! BLANK - WITH STANDARD MOUNTING EARS; WITH DETENTS N
OBSOLETE| | - WITHOUT MOUNTING EARS: WITH DETENTS @
2 = WITH PREBENT MOUNTING EARS; WITH DETENTS 210
3 = W/0 MOUNTING EARS, WITH POSITIVE LOCK (5.33)
BLANK = NATURAL i\
AM=AMBER  BK=BLACK  BU=BLUE
PLUG LEGEND:
_— BN=BROWN  GY=GRAY GN=GREEN
1625-2P*x* OR=ORANGE  RD=RED YW=YELLOW
CIRCUIT SIZE DETAIL 3
P = PLUG STANDARD MOUNTING EARS
(SCALE 4:D)
MAX. PANEL THICKNESS .060/(1.52)
| = WITHOUT MOUNTING EARS
2 = WITH PREBENT MOUNTING EARS
3 = W/0 MOUNTING EARS, WITH POSITIVE LOCK
BLANK = NATURAL
AM=AMBER ~ BK=BLACK  BU=BLUE
BN=BROWN  GY=GRAY GN=GREEN
OR=ORANGE  RD=RED YW=YELLOW BUMP ON PLUG ONLY
“A“L@@S/(@@S)T—j
{ .180
|:| "B'+,005/(0.08) (4.57)
625!
RECOMMENDED HOLE PATTERN Fo 7 ‘
NOTES: HOUSING DIM. "A" | DIM. 'B" PREDBIEMNKCHEAR SDTIDM“ECAHR
l. MATERIAL - NYLON TYPE 6/6, 94V-2 09 o Y 52
2. THIS PRODUCT COMPLIES WITH MOLEX PLUG (B.47) (8.08) 6.0 6.1
PRODUCT SPEC 02-06. 505 s 5 5 DETAIL 4
3. HOUSINGS FOR USE WITH MOLEX RECEPTACLE | (1283) | (6.73) 6.4) (6.4) VETALIL 4
.062/(1,57) DIA. SERIES TERMINALS. PREBENT MOUNTING EARS
/A\ CIRCUIT 1.D. NUMBERS ON SIDE OF HOUSING APPEAR (SCALE 4:D
ON PARTS FROM TOOLS BUILT AFTER 7/1/91.
POSTIVE LOCK VERSION REQUIRES USE OF A SCREWDRIVER
OR SIMILAR TOOL TO LIFT SHROUD ON PLUG HOUSING IN
ORDER TO UNMATE RECEPTACLE HOUSING.
DIMENSIONS SHOWN (METRIC) INCH V:[D v:[zj ‘ REVISE ONLY ON CAD SYSTEM
UNLESS OTHERWISE SPECIFIED
TOLERANCES: ANGULAR = 2 |0 |TITLE
M weTRIC PLUG & RECEPTACLE HOUSINGS
ol 007 [ - 2 CIRCUIT, .062/(1.57) DIA.
AE SEE SHT.I peece] o-- 225 faox MOLEX INCORPORATED [T Mo |aTE
N\ LISLE,ILL. 60532 U.S.A. 4/‘4 /88
ADI SEE SHT.! PR Vi StueNsioNe | [PaRT o, WG 1o,
AD SEE SHT. | oAV W, SEE CHART SD-1625-2»*
Eid JJS Jgv RW FILE NAME OV, [SIZE
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