147 Central Avenue

Hackensack, New Jersey 07601 Chicaco Miniature Lawve, Inc.
Tel: 201-489-8989 « Fax: 201-489-6911 WHERE INNOVATION COMES TO LIGHT

T-1 3/4 Wire Terminal (standard)

Part Design Life Filament
230 Number Voltage Amps MSCP Hours Type
MAX. CM1739 6.30 .070 .230 1,000 C-2R
CM2037 6.30 .200 400 20,000 C-2R
CM2039 6.30 .075 .230 1,000 C-2R
2% CM2112 6.30 200 550 5,000 C-2R
- CM2179 6.30 .040 .030 20,000 c-2v
CM2180 6.30 .040 .020 20,000 C-2v
CM2181 6.30 .200 .400 20,000 C-2F
CM8350 6.30 150 450 3,000 C-2R
1.00 CM2178 8.00 .085 150 25,000 C-2F
MN- CM1869 10.00 .014 .002 50,000 C-2F
Bead Seal m m CM2107 10.00 .040 .080 5,000 C-2F
) CM2149 10.00 .014 .002 50,000 C-2F
CM8946 11.00 .022 .030 10,000 C-2F
CM2174 12.00 .040 .100 10,000 C-2F
CM1705 14.00 .080 .500 1,500 C-2F
CM2162 14.00 .100 .500 10,000 C-2F
CM2182 14.00 .080 .300 40,000 C-2F
CM2382 14.00 .080 .300 40,000 C-2F
CM2102 18.00 .040 .150 10,000 C-2F
CM8425 22.00 .040 .300 2,000 C-2F
CM2041 24.00 .060 .500 5,000 C-2F
CM2176 24.00 .050 .500 1,000 C-2F
CM476 28.00 .060 .340 25,000 C-2F
CM1749 28.00 .060 .340 25,000 C-2F
530 CM1762 28.00 .040 .340 4,000 C-2F
~ MAX. CM1764 28.00 .040 .340 4,000 C-2F
CM2185 28.00 .040 150 10,000 C-2F
R CM2187 28.00 .040 .300 7,000 C-2F
o0 CM2287 28.00 .040 .300 7,000 C-2F
MAX. CM2370 28.00 .050 .700 1,000 C-2F
CM6033 28.00 .024 150 4,000 CC-2F
ﬁ CM8361 28.00 .065 .650 5,000 C-2F
hfg?vl CM8461 28.00 .050 .500 5,000 C-2F
L Butt S cal CM1918 32.00 .040 .300 7,000 C-2F
CM6748 48.00 .025 .200 5,000 CC-2F

Chicago Miniature Lamp reserves the right to make specification revisions that enhance the design and/or performance of the product
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